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SYSTEME CEIl D'ACCEPTATION MUTUELLE DE
CERTIFICATS D'ESSAIS DES EQUIPEMENTS
ELECTRIQUES (IECEE) METHODE OC

CB TEST CERTIFICATE
CERTIFICAT D’ESSAI OC

Switching Power Supply

XP Power Inc.
305, Foster Street
Littleton, MA 01460, USA

XP Power Ingc.
305, Foster Street
Littleton, MA 01460, USA

(See appendix for factories information)

AC 100-240V; 47-63Hz; 2.7-1.3A; Class [;
for output ratings refer to test report page 6

XP

PBMZ20O0OPY X

(Y= 505,53V3,512,515,524,530,548,001,D02,003,D04,T01,T02,
T08,7T04,7T05,001,002,003,Q04,Q05,006 for o/p rating;

X= B or C for w/wo external cooling and DC fan/cover)

Models differ in T1 source, ratings of some components and
secondary circuit (single or multiple outputs).
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